2

/72X HEAT SHRINK

REVISION

ZONE | REV

DESCRIPTION

DATE CHANGED BY

APPROVED

ECO-16038

7/29/2026 HBAKKE

SRAUTUS

LENGTH

SEE NOTE 2

WWW.FAIRVIEWMICROWAVE.COM
FMXXXXXXXX

2X 5/16 HEXl

[ |
’ \ )
M .

FM-SR141TB

COAX CABLE
SMA MALE

CONNECTOR

NOTES:

1. CABLE ASSY LENGTH LABEL PLACEMENT: 36 INCHES OR LESS,
ONE LABEL APPROXIMATELY CENTERED. LONGER THAN 36
INCHES, TWO LABELS APPROXIMATELY 6 INCHES FROM EACH
CONNECTOR.

2. CABLE ASSEMBLY LENGTH DETERMINED BY ITEM PN AND
DESCRIPTION.

3. CABLES ASSEMBLIES SHALL BE TESTED FOR CONTINUITY.

THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE PROPERTY OF INFINITE ELECTRONICS, INC. ANY REPRODUCTION IN PART
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UNLESS OTHERWISE SPECIFIED
LEADING DIMENSIONS ARE INCHES
DIMENSIONS IN [ ] ARE MILLIMETERS

TOLERANCES:
X=42[5] FRACTIONS

XX =£.02[0.5] +1/32
XXX =+.005[0.13] | ANGLES #1°

CABLE LENGTH TOLERANCES:
<12 [305] = +1 [25] / -0
>12 [305] < 60 [1524] = +2 [51] / -0
>60 [1524] < 120 [3048] = +4 [102] /-0
>120 [3048] < 300 [7620] = +6 [152] / -0
>300 [7620] = +5% / -0
CABLE LENGTH TOL IAW IPC A-620

ALL DIMENSIONS ARE FOR REFERENCE ONLY|
AND SUBJECT TO CHANGE WITHOUT NOTICE.
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INTERPRET ALL DIMENSIONS AND
TOLERANCES PER ASME Y14.5
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