6 5 4 3 2 1
' REVISION
ZONE | REV DESCRIPTION DATE CHANGED BY APPROVED
D ECO-13624 06/12/2024 DZINN AGANWANI
197
- LENGTH A _ (5]
SEE NOTE 3 MAX PNL
‘ THK

2X SHRINK TUBE,
BLACK

SIN: XXXXXNXXX

WWW.FAIRVIEWMICROWAVE.COM
| FIMXXXXXX-XX |

/TFT—SG-402

{ S/N: XXXXXXXX

L
—_—T

SEE NOTE 1

4.3-10 MALE RA
B CONNECTOR

NOTES:

1. CABLE ASSY LENGTH LABEL PLACEMENT: CABLES 84" OR LESS, ONE
LABEL APPROX CENTERED. LONGER THAN 84 INCHES, TWO LABELS
APPROX 12 INCHES FROM EACH CONNECTOR.
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2. PIM LEVEL LABEL PLACEMENT: APPROX 6 INCHES FROM CABLE END, TOLERANCES: B B an INFINITE brand
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