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REVISION

ZONE | REV DESCRIPTION DATE CHANGED BY APPROVED

A INITIAL RELEASE 07/08/2026 HBAKKE JNAJERA
3X N-TYPE FEMALE
CONNECTOR
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UNLESS OTHERWISE SPECIFIED . . .
BIVENSIONS IN ] ARE MILLIMETERS ==l Fairview Microwave* @ G
TOLERANCES:
gy | e | W W company TR
XXX = +.005 [0.13] ANGLES * 1° ;
CABLE LENGTH TOLERANCES: Website: www.FairviewMicrowave.com SCALE SHEET
£12[305] = +1 [25]/ -0 Phone: 1.800.715.4396 | 1.866.730.6243 NONE 10F1

>12 [305] < 60 [1524] = +2 [51] / -0
>60 [1524] < 120 [3048] = +4 [102] /-0 | DESCRIPTION
>120 [3048] < 300 [7620] = +6 [152] / -0

>300 [7620] = +5% / -0 LOW PIM DIRECTIONAL 6 dB N COUPLER FROM 555 MHz TO 6
CABLE LENGTH TOL IAW IPC A-620 GHz RATED TO 300 WATTS
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