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UNLESS OTHERWISE SPECIFIED
LEADING DIMENSIONS ARE INCHES
DIMENSIONS IN [ ] ARE MILLIMETERS
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X=42[5] FRACTIONS
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==l Fairview Microwave*

CABLE LENGTH TOLERANCES:
<12 [305] = +1 [25] / -0
>12 [305] < 60 [1524] = +2 [51] / -0
>60 [1524] < 120 [3048] = +4 [102] /-0
>120 [3048] < 300 [7620] = +6 [152] / -0
>300 [7620] = +5% / -0
CABLE LENGTH TOL IAW IPC A-620
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Website: www.FairviewMicrowave.com
Phone: 1.800.715.4396 | 1.866.730.6243
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INTERPRET ALL DIMENSIONS AND
TOLERANCES PER ASME Y14.5
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DESCRIPTION

ALL DIMENSIONS ARE FOR REFERENCE ONLY|
AND SUBJECT TO CHANGE WITHOUT NOTICE.
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