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SMA PLUG

CONNECTOR 8mm HEX 10-32 UNF-2A
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CABLE LENGTH TOLERANCES: Website: www.FairviewMicrowave.com SCA'-EO SHEETO
< = - . NONE 10F 1
>12[305]se102[1[gg?d=:; %ﬂ;g Phone: 1.800.715.4396 | 1.866.730.6243

>60 [1524] < 120 [3048] = +4 [102] /-0

>120 [3048] < 300 [7620] = +6 [152] / -0
>300 [7620] = +5% / -0

CABLE LENGTH TOL IAW IPC A-620

DESCRIPTION

SMA MALE (PLUG) TO SMC FEMALE (JACK) ADAPTER
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