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NOTES:
I ASSEMBLED COWNECTOR INTERFACE IS DESIGNED IN ACCORDANCE WITH MIL-STD-348.

2 MATERIAL:
BODY, FINGERS, HEX NUT - BRASS PER ASTM Bl6, C36000 ALLOY, TEMPER HO2
INSULATOR - TEFLON PER ASTM D1710, TYPE 1, GRADE 1, CLASS A

GASKET - SILINCONE RUBBER PER A-A-39588, 50-73 DUROMETER

SHRIMK SLEEWE - HEAT SHRINKABLE ATUM PER MIL-I-23053/4 (NOT SHOWN)
CRIMP SLEEVE - DHFP, COPPER CDA, ALLOY #122, TEMPER HARD

CONTACT — BERYLLIUM COPPER PER ASTM BI1S6, C17300 ALLOY, CONDITION HT
LOCKING RING - PHOSPHOR BRONZE PER ASTM B139, C354400 ALLOY, TEMPER HD

(%]

FINISH:
CONTACT - GOLD PLATE PER ASTM B488
LOCKING RING - NOT PLATED
CRIMP SLEEVE - SULFAMATE NICKEL PER MIL-P-27418
ALL OTHER METAL PARTS - ALBALOY PLATE PER DELTA SPEC, 111197

MATL: UNLESS OTHERWISE SPECIFIED DFTMN N, N
, ALL DIMENSIONS ARE IN INCHES DATE9/4/13 TIMES MICRDWAVE SYSTEMS
MACHINED SURFACES FINISH 63 RMS MAX. T
REMOVE ALL BURRS . 004 MAX. BREAK g — — -
MACHINE CORNERS . 005 MAX., FILLET R. J' D' B' EZ-240-NMH-X
USED DN o [OLERANCES ON DECIMALS PATE9/10/13 CONNECTOR ASSEMBLY
ANGLES # 1° FRACTIONS * 1/64 |72 J, D, B, < NM for LMR-240 -
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The Right Parts, Right Away

4.3-10 Male Low PIM Connector Clamp/Solder

Attachment for TCOM-240, TCOM-240-FR, LMR- ’9"%
240, LMR-240-DB, LMR-240-FR, LMR-240-UF z '

TCP-240-4310MC-LP

Configuration

¢ 4.3-10 Male Connector » Connector Interface Types: TCOM-240, TCOM-240-FR, LMR-
» |[EC-61169-54 240, LMR-240-DB, LMR-240-FR, LMR-240-UF, LMR-LW240
* 50 Ohms * Low PIM Design

» Straight Body Geometry

Features

» Operating Frequency of 6 GHz Max. « Silver Plated Brass Contact

* Good VSWR of 1.3:1 * 200 pin minimum contact plating

* PIM levels better than -160 dBc

Applications

» General Purpose Test » Custom Cable Assemblies

» Wireless Communications * Low PIM Applications

Description

4.3-10 Male Low PIM Connector Clamp/Solder Attachment for TCOM-240, TCOM-240-FR, LMR-240, LMR-240-DB, LMR-240-FR, LMR-
240-UF and LMR-LW240 Cable, part number TCP-240-4310MC-LP, from Fairview Microwave is in-stock and ships same day. This 4.3-10
male connector operates up to a maximum frequency of 6 GHz and offers good VSWR of 1.3:1. The 4.3-10 male connector also has low
passive intermodulation (PIM) of -160 dBc.

Fairview's 4.3-10 male connector TCP-240-4310MC-LP datasheet specifications and outline drawing are shown in this PDF below. Our
extensive offering of RF, microwave and millimeter wave connectors allows designers to configure and customize their signal connections
however they like. From providing an I/O for a board design to creating a custom cable assembly configuration, Fairview Microwave has a
connector solution to meet your needs. Fairview Microwave also has the expertise to build your custom cable assemblies for you and ship
them same-day.

Electrical Specifications

Description Minimum Typical Maximum
Frequency Range DC 6 GHz
VSWR 1.31
Insertion Loss 0.245 dB
Passive Intermodulation -160 dBc
Dielectric Withstanding Voltage (AC) 1,000 Vrms
Insulation Resistance 5,000 MOhms
Impedance 50 Ohms

Mechanical Specifications

Size
Length 1.51in [38.35 mm]
Width 0.866 in [22 mm]
Height 0.866 in [22 mm]
Weight 0.11 Ibs [49.9 q]
Mating Cycles 500 Cycles
Mating Torque 44.25 in-lbs [[5.00 Nm]]
1 © 2023 Infinite Electronics, Inc. Fairview Microwave is a registered trademark of Infinite Electronics, Inc.

+1 (866) 839-4711 | sales@fairviewmicrowave.com | fairviewmicrowave.com
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Attachment for TCOM-240, TCOM-240-FR, LMR- qw
240, LMR-240-DB, LMR-240-FR, LMR-240-UF & '
TCP-240-4310MC-LP ‘

Material Specifications

Description Material Plating
Contact Brass

Silver
200 pin minimum

Insulation PTFE
Body Brass Tri-Metal
100 pin minimum
Coupling Nut brass Tri-Metal
100 pin minimum
Retaining Ring Brass Silver
200 pin minimum
Gasket Silicone

Environmental Specifications

Temperature

Operating Range -40 to +125deg C

Shock MIL-STD-202, Meth.213, Con.I
Vibration MIL-STD-202, Meth.204, Cond.B
Thermal Shock MIL-STD-202, Meth.107, Cond.B

Compliance Certifications (see product page for current document)

Plotted and Other Data
Notes:

© 2023 Infinite Electronics, Inc. Fairview Microwave is a registered trademark of Infinite Electronics, Inc.
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Assembly Instruction

NOTICE OF PROPRIETARY RIGHTS THIS DOCUMENT CONTAINS CONFIDENTIAL DATA, INCLUDING TRADE SECRETS, PROPRIETARY TO TIES S [DATE
TICROWAVE SYSTENS. DISCLOSURE OF THIS DATA IS EXPRESSLY CONDITIONED UPON YOUR ASSENT THAT ITS USE IS LIMITED TO USE WITHIN ["A_[RELEASED FOR PRODUCTION |Josien [20T0/03777 [Vorica [Z0T91007T7
YOUR COMPANY ONLY. ANY OTHER USE IS STRICTLY PROMIBITED WITHOUT THE PRIOR WRITTEN CONSENT OF TIMES MICROWAVE SYSTEMS. [ [ecnzumosor |onea [2020/04730 [Tony.z [202004720

ter, 22.0
Toses]
510 male contact in /dm‘
/ &l
T \=
- : b))
%
T
3% 300
16.42, k . [o1eT |
0.647 crimp length
383 1920 250 250 oo 2ss
[1.5107 ReF. — 7177 [0.295 ~ " [ose) o EmeT e
E{L | e
sz
S5 T
Notes:
1. Centre pin crimp size Hex. 2.15x3.0mm(0.085°x0.118"), Contactpin retention force 10 Ibs
10
L MATERIALS & FINISHES Il ELECTRICAL PROPERTIES “ro.94m
Components Materials Finishes  Thk. (") Impedance: 500 45
Body rass Abaloy 100 Frequency Range DC to 6 GHz [0.177"
Coupling Nut ~ Brass Albaloy 100 Dielectric Withstanding Voltage: 1000 V rms - -
Contact Pin ~ Brass Silver 200 Insulation Resistance: 25000 MQ =>/"‘ 7]
Clamp1/Ring ~ Brass Silver 200 VSWR <130 Y SN
Phosphor Bronze  Albaloy 100 Insertion Loss: 0xVTGHZ) 8 co.2
Insulator PTFE - - PIM(dBc.2x-43dBm): 5160 [€0.008"]
Gasket Silicone Red
1Il. ENVIRONMENTAL PROPERTIES IV. MECHANICAL PROPERTIES
RECOMMENDED CABLE STRIPPING DIM'S Interface Compatible with Standard:
Temperature Range:  ~40°C to +125°C Center Contact: Crimp/Solder Connector Adds: 15.00 mm[0.591"] |EC-61169-54
Thermal Shock: MIL-STD-202, Meth.107, Cond. B Outer Contact: Solder
Vibration: MIL-STD-202, Meth.204, Cond. B Coupling Nut Torque: 5N.m
MIL-STD-202, Meth.213, Cond. | Cbl-Connector Retention Force: 250N
Climatic Class: IEC 60068 55/125/21 Durability: 500 Cycles UNLESS OTHERWISE SPEGIFIED OFTM. Joslen TIMES
RoHS: Compliant AL DIMENSIONS ARE IN mm DATE 201910917 -”' JIMIES wicrowave systeus|
MACHINED SURFACES FINISH 1.6 RMS MAX. n Amphenct Conpeny
V. TOOLINGS & ACCESSORIES REMOVE ALL BURRS 0.15X45 MAX. BREAK oo 240~ ¥
- MACHINE CORNERS 0.15X45° D MAX. FILLET Patrick TCP-240-4310MC-LP
Heat Shrink Tube: 9.5x50.8mm (3:1) 1 pes R. TOLERANCES ON DECIMALS DATE 20100017 | 4310 Male (Plug) Infield Installation
20 x50.8mm (3:1) 1 pes. X 1015 XX 0.1 Straight Connector for TCOM-240 Cable
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4.3-10 Male Low PIM Connector Clamp/Solder Attachment for TCOM-240, TCOM-240-FR, LMR-240, LMR-240-DB, LMR-240-FR, LMR-
240-UF from Fairview Microwave is in-stock and available to ship same-day. All of our RF/microwave products are available off-the-shelf
from our ISO 9001:2008 certified facilities in Lewisville, Texas. Fairview Microwave is RF on-demand.

For additional information on this product, please click the following link: 4.3-10 Male Low PIM Connector Clamp/Solder Attachment for
TCOM-240, TCOM-240-FR, LMR-240, LMR-240-DB, LMR-240-FR, LMR-240-UF TCP-240-4310MC-LP

URL: https://www.fairviewmicrowave.com/4.3-10-male-tcom-240-tcom-240-fr-Imr-240-Imr-240-db-Imr-240-fr-Imr-240-
uf-Imr-lw240-connector-tcp-240-4310mc-Ip-p.aspx

The information contained within this document is accurate to the best of our knowledge and representative of the part described herein. It may be necessary to make modifications to
the part and/or the documentation of the part in order to impliment improvements. Fairview Microwave reserves the right to make such changes as required. Unless otherwise stated,
all specifications are nominal. Fairview Microwave does not make any representation or warranty regarding the suitability of the part described herein for any particular purpose. and
Eairview Microwave does not assume liability arising out of the use of any part or document.

3 © 2023 Infinite Electronics, Inc. Fairview Microwave is a registered trademark of Infinite Electronics, Inc.
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TCP-240-4310MC-LP CAD Drawing

4.3-10 Male Low PIM Connector Clamp/Solder Attachment for TCOM-240, TCOM-

240-FR, LMR-240, LMR-240-DB, LMR-240-FR, LMR-240-UF
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The Right Parts, Right Away

Times Microwave LMR-240 Low Loss
Flexible Coax Cable Black PE Jacket

L M R-240 mIWMMéWS MICROWAVE SYSTEMS

Times Microwave Systems Connector Specification

Configuration

* Low Loss, Outdoor Flexible Cable
e 2 Shield(s)

Features

* Max Operating Frequency of 8 GHz » Phase Velocity 84% VoP
* Low Loss Cable

Applications

» Laboratory Applications * General Purpose RF Interconnect

Description

LMR-240 coax cable from Fairview is only one of a large number of radio frequency twinaxial and coaxial cable types specifically stocked to
be ready for quick shipment. Fairview Microwave LMR-240 coax cable is manufactured in a flexible design and has a 50 Ohm impedance.
This low loss flexible 50 Ohm coax cable LMR-240 is constructed with a 0.24 inch diameter and PE jacket.

LMR-240 flexible 50 Ohm coax cable with PE jacket is rated for a 8 GHz maximum operating frequency. This 50 Ohm 0.24 inch diameter
and low loss flexible coax cable is built with a shield count of 2 and RF shielding of 90 dB.

Fairview Microwave LMR-240 coax is constructed with PE (F) dielectric and a maximum operating temperature of 85 degrees C. Times
Microwave LMR-240 coax cable specs for this wire properties can be found on its RF coax cable LMR-240 datasheet PDF specifications
above.

LMR-240 cable is part of more than one million RF, microwave and millimeter wave parts in stock at Fairview. This Times Microwave low
loss LMR-240 coax cable is ready to buy and can be shipped worldwide. Fairview also maintains a wide selection of other radio frequency
twinaxial and coaxial cable types that ship same-day from our warehouse as with the rest of our other RF/microwave and millimeter wave
components.

*LMR™ is a trademark of Times Microwave Systems.

Electrical Specifications

Description Minimum Typical Maximum

Frequency Range DC 8 GHz
Cutoff Frequency 31 GHz
Impedance 50 Ohms
Velocity of Propagation 84 %
Time Delay 1.21[3.97] ns/ft [ns/m]
Shielding Effectiveness 90 dB
Dielectric Withstanding Voltage (DC) 1,500 Vdc
Jacket Spark 5,000 Vrms
Inner Conductor DC Resistance 3.2 Ohms/1000ft

1 © 2023 Infinite Electronics, Inc. Fairview Microwave is a registered trademark of Infinite Electronics, Inc.

+1 (866) 839-4711 | sales@fairviewmicrowave.com | fairviewmicrowave.com
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Times Microwave LMR-240 Low Loss
Flexible Coax Cable Black PE Jacket S

LMR-240

Electrical Specifications

Description Minimum Typical Maximum Units
Outer Conductor DC Resistance 3.89 Ohms/1000ft
Nominal Capacitance 24.2 [79.4] pF/ft [pF/m]
Nominal Inductance 0.06 [0.2] uH/ft [uH/m]
Input Power (Peak) 5.6 kWatts

Performance by Frequency Band

Description F1 F2 F3 F4 F5 Units
Frequency 50 150 220 450 900 MHz
Attenuation, Typ 1.7 3 3.7 5.3 7.6 dB/100ft
5.58 9.84 12.14 17.39 24.93 dB/100m
Input Power (CW), Max 1,150 660 540 380 260 Watts
Description F6 F7 F8 F9 F10 Units
Frequency 15 1.8 2 2.5 5.8 GHz
Attenuation, Typ 9.9 10.9 11.5 12.9 20.4 dB/100ft
32.48 35.76 37.73 42.32 66.93 dB/100m
Input Power (CW), Max 200 180 170 150 100 Watts

Mechanical Specifications

Diameter 0.24 in [6.1 mm}
Weight 0.033 Ibs/ft [0.05 kg/m]
Min. Bend Radius (Installation) 0.75in [19.05 mm]
Min. Bend Radius (Repeated) 2.5in [63.5 mm]
Bending Moment 0.25 Ibs-ft [0.34 N-m]
Tensile Strength 80 Ibs [36.29 kg]

Flat Plate Crush 20 Ibs/in [0.36 kg/mm]

Construction Specifications

Description Material and Plating Diameter

Inner Conductor Copper, 1 Strand 0.056 in [1.42 mm]
Conductor Type Solid
Dielectric PE (F) 0.15in [3.81 mm]
First Shield Aluminum Tape
Second Shield Tinned Copper Braid
Jacket PE, Black 0.24 in [6.1 mm]

2 © 2023 Infinite Electronics, Inc. Fairview Microwave is a registered trademark of Infinite Electronics, Inc.
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Times Microwave LMR-240 Low Loss
Flexible Coax Cable Black PE Jacket

LMR-240

Environmental Specifications

Temperature
Operating Range -40to 85deg C
Storage Range -70to 85deg C

Compliance Certifications (see product page for current document)

Plotted and Other Data
Notes:

Times Microwave LMR-240 Low Loss Flexible Coax Cable Black PE Jacket from Fairview Microwave is in-stock and available to ship same-
day. All of our RF/microwave products are available off-the-shelf from our ISO 9001:2008 certified facilities in Lewisville, Texas. Fairview
Microwave is RF on-demand.

For additional information on this product, please click the following link: Times Microwave LMR-240 Low Loss Flexible Coax Cable Black
PE Jacket LMR-240

URL: https://www.fairviewmicrowave.com/Imr240-low-loss-flexible-coax-cable-pe-jacket-Imr-240-p.aspx

The information contained within this document is accurate to the best of our knowledge and representative of the part described herein. It may be necessary to make modifications to
the part and/or the documentation of the part in order to impliment improvements. Fairview Microwave reserves the right to make such changes as required. Unless otherwise stated,
all specifications are nominal. Fairview Microwave does not make any representation or warranty regarding the suitability of the part described herein for any particular purpose. and
Eairview Microwave does not assume liability arising out of the use of any part or document.

3 © 2023 Infinite Electronics, Inc. Fairview Microwave is a registered trademark of Infinite Electronics, Inc.
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LMR-240 CAD Drawing

Times Microwave LMR-240 Low Loss Flexible Coax Cable Black PE Jacket
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