M39012/27—TNC Straight Jack

A
Figure 1 Figure 2
M39012 P/N |Category | S3P1€ | i,y | Dimensions Trng Assembly Provesure/
gory Group A B Body | Contact Trim Code
M39012/27-0010 C Via 1 1.19 .50 Silver GCold (C) B/19
M39012,/27-0011 [ VIB 1 1.19 .50 Silver | Gold (C) B/19
M32012/27-0012 C VIIA 1 1.19 .50 Silver Gold (C) B/19
M39012/27-0013 C v 1 1.19 .50 Silver | Gold (C) B/19
M39012/27-0014 C VIIB 1 1.19 .50 Silver | Gold (C) B/19
M39012/27-0018 A 1] 2 1.16 .50 Silver | Gold (C) A7
M39012/27-0022 C A 1 1.13 A4 Silver | Gold (C) Contact Factory
M39012/27.0023 C v 1 1.19 .50 Silver | Gold (C) B/19
M39012/27.0101 A Vi 2 1.16 .50 Silver | Gold (C) A7
M39012/27.0102 A Vi 2 1.16 .50 Silver Gold (C) A7
M39012/27-0103 A v 2 1.16 .50 Silver Gold (C) A7
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Cable Dimensions Plating Assembly Procedure/
Cat Figqure
M39012/28-0010 C ViA 1 1.43 | .81 .50 Silver | Gold (C) B/19
M39012/28-0011 C VIB 1 1.43 | .81 .50 Silver | Gold (C) B/19
M39012/28-0012 C VIIA 1 1.43 | .81 | .50 Silver | Gold (C) B/19
M39012/28-0013 C v 1 1.43 | .81 .50 Silver | Gold (C) B/19
M39012/28.0014 C VIIB 1 1.43 | .81 50 Silver | Gold (C) B/19
M39012/28-0018 A M 2 1.16 | .81 .50 Silver | Gold (C) A7
M39012/28-0022 C 1A 1 1.37 | .81 44 Silver | Gold (C) Contact Factory
M39012/28-0023 C v 1 1.43 .81 .50 Silver Gold (C) B/19
M39012/28-0101 A Vi 2 1.16 | .81 .50 Silver | Gold (C) A7
M39012,/28-0102 A Vil 2 1.16 | .81 .50 Silver | Gaold (C) A7
M39012/28-0103 A v 2 1.16 | .81 .50 Silver Gold (C) A7




